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Sursa auxiliara US

Tensiune nominala auxiliara de alimentare AC VAC 100...240
Tensiune nominala auxiliara de alimentare DC VvDC 110...250
Domeniul tensiunii auxiliare de operare

AC

max VAC 264

min VDC 100
max VDC 300

Frecventa operationala

Consumul de energie

Putere disipata Max W 6
Tensiune nominala (Ue)
faza-faza VAC 600
fazaneutra VAC 347

Gama de tensiune de operare
faza-faza VAC  40...830
fazaneutra VAC  5...480

Frecventa de functionare a intrarilor de tensiune
min Hz 45 and 360
max Hz 66 and 440

Metoda de masurare a intrarilor de tensiune True RMS
Linii ARON
monofazate,
Metoda de conectare bl_fazate, trifazate,
trifazate
echilibrate si
trifazate
Curent nominal (le) A 1A/5A
Domeniu de masurare 0.004...6
Metoda de masurare TRMS
+20% le prin CT
Capacitate de suprasarcina extern cu

secundar 5A
120A timp de 0,5

Varf de suprasarcina A

secunde
Class 0.2
Tensiune VLN (IEC/EN 61557-

12), V:50-480V~
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Class 0.2
Tensiune VLL (IEC/EN 61557-
12), V:87-830V~
Class 0.2
Actual (IEC/EN 61557-
12), In:5A~
Class 0.02
Frecventa (IEC/EN 61557-
12)
Class 0.5
Putere activa (IEC/EN 61557-
12)
Putere reactiva Class 1 (IEC/EN
61557-12)
Clasa 0.5s
Energie activa (IEC/EN 62053-
22)
Energia reactiva Clasa 1 (IEC/EN
62053-24)
Class 5 (IEC/EN
THD 61557-12)
. . Class 5 (IEC/EN
Armonice de ordinul 2 al 15-lea 61557-1(2)
Tensiune nominala de izolatie Ui IEC/EN V 600
Tensiune nominald de rezistenta la impuls Uimp kv 9.6
Tensiunea de rezistenta a frecventei de operare kv 5.4
Analiza armonica Ordinul 63
Logica PLC Da
Tip de port de comunicatie RS485
Functia gateway Ethernet-RS485 +EXP1013
Memoria de inregistrare a datelor Nu
Monitorizare curent si tensiune neutru/pamant Nu
Statistici privind calitatea retelei conform EN50160 Nu
Suport EASY BRANCH Da
Tip de locuinta Xantar RAL 7035
Terminale Tip Amovibil

Sectiunea transversala a conductorului
I[ECmin  mm? 0.2
IECmax mm* 2.5
AWG/Kcmil min -~ AWG 24
AWG/Kcmilmax AWG 12

Cuplu de strangere (Max)

Nm 0.5
Ibin 4.5
Fixare Incorporat
Greutate g 420
Temperatura
Temperatura de Operare
min °C -20
max °C +60
Temperatura de depozitare
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min °C -30
max °C +80

Umiditate relativa % <80
Gradul maxim de poluare 2
Grad de protectie IP65
Dimensiuni

Cutout

92 (3.62')

|95 3780

—— 617 (2.43")—= '
@ Dimensions with gasket: 122x100mm/4.80x3.94".

Diagrame de cablare
Single-phase Two-phase Three-phase with or without neutral
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Three-phase without neutral in ARON connection Balanced 3-phase connection with or without neutral

e

orar

CO0E AUK SUPPLY R5485 for DMG110 and R5485 for DMGE10 RS485 for DMG7500 and
OMG100-110-200-210-300 :m...zawm DMG210 DMGS000
250V (e[ & ] & [55] no (aTelzs]
OMG6.., 100.. 440VAC m
110._.250V0C RE45S u RE48S
DOMG7000-7500-5000-5000 | 100... 240VAC
110... 250000

Certificari si conformitate

Conformitate
CSA 22.2 No 61010-2-030
CSA C22.2 No 61010-1-12
IEC/EN/BS 61000-6-2
IEC/EN/BS 61000-6-4
IEC/EN/BS 61010-1
IEC/EN/BS 61010-2-030
UL61010-1
UL61010-2-030

Certificate
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CE
CETLus
EAC
UKCA
EC002301 -
ETIM 8.0 In§trurrv1ent de
masura

multifunctional
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